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D-SUB TECHNICAL DATA

CONTACTS:
9.40 4,70 Material: Phosphor Bronze

Finishes: gold flash on full contact.

175 Contact current rating: 3A
1 ) Contact resistance: 20 mOhms max.
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1.70_ PRODUCT CODE

|@| L 17RRD2 F 01 100
Packaging:
100=bulkpack unit

- L: RoHS CompliqnceJ
SOCKET Wire size: (100cts)

D2=24 to 28 AWG

Contact type: Selecitive gold plating:
F=Female 01= Gold flash
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