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MATERIAL | ALTERNATE NOM WIRE SIZE NOM BOLT |INSULATION DIMENSIONS
NUMBER PART NUMBER | AND RANGE (MM?) [sSIZE M) |COLOR (REF) | a1 MIN [ a2 10 d1 MIN| @2 =07 d3 <025 | d4+05/-0 [ L MAX | r MIN | 51 NOM | s2 MIN
193240001 | AA1-832-M2.5 1 (05 - 1 2.5 4,25 10,0 1,6 2,77 6,45 3.2 173 4 0,71 0.4
193240002 | AA1-832-M3 1 (05 - 1) 3 4,25 10,0 1,6 3,29 6,45 3.2 17.3 4,5 0.71 0.4 |F
193240003 | AA1-832-M3,5 1 (05 - 1) 3,5 RED 4,25 10,0 1,6 3,79 6,45 3,2 17.3 4,5 0.71 0.4
193240004 | AA1-821-M4 1 (05 - 1) 4 4,25 10,0 1,6 4,39 7.92 3.2 181 6 0.71 0.4
193240005 | AA1-822-M5 1 (05 - 1 5 4,25 10,0 1,6 5,39 11,86 3.2 210 6.5 0,71 0.4
193240006 | BB2,5-823-M3 25 (1-25) 3 4,25 10,5 2.1 3,29 6,35 41 16,8 4,5 0.79 0.4
193240007 | BB25-823-M35| 25 (1 - 25 3,5 4,25 10,5 2.1 3,79 6,35 41 16,8 45 0,79 0.4
193240008 | BB2,5-837-M4 25 (1-25) 4 BLUE 4,25 10,5 2.1 4,39 7.92 41 185 6 0,79 0.4
193240009 | BB2,5-839-M5 25 (1-25) 5 4,25 10,5 2.1 5,39 8,69 41 192 6.5 0.79 0.4 |E
193240010 | BB2,5-825-M6 25 (1 -25) 6 4,25 10,5 2.1 6,61 11,86 41 213 7.5 0.79 0.4
19324001 | BB2,5-818-M8 25 (1-25) 8 4,25 10,5 2.1 8,51 13,56 41 251 10 0,79 0.4
193240012 | C6-836-M4 6 (2,5 - 6) 4 6,00 140 3.3 4,39 7.16 5.6 23,1 6 1,02 0.5
193240013 | C6-828-M5 6 (25 - 6) 5 6,00 140 3,3 5,39 9,53 5.6 23.0 6.5 1,02 0.5
193240014 | C6-830-M6 6 (2,5 - 6) 6 YELLOW 6,00 140 3,3 6,61 13,46 5.6 25,3 7.5 1,02 0.5
193240015 | C6-830-M8 6 (25 - 6) 8 6,00 140 3.3 8,51 13,46 5.6 25,3 10 102 0.5
193240016 | C6-840-M10 6 (2,5 - 6) 10 6,00 140 3.3 10,63 1494, 5.6 271 12 1,02 05 |D
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‘— 3 NOTES:
T T % 1. MATERIALS: C
TERMINAL: TIN-PLATED COPPER.
| a3 STRAIN-RELIEF FERRULE: TIN-PLATED COPPER ALLOY
rJ: _/ tad INSULATION: NYLON (SEE CHART FOR COLOR)
- — 2. PARTS ARE ROHS COMPLIANT.
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