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MATERIAL.:
BODY &
COUPLING NUT: STAINLESS STEEL PER AMS-5640, ————— \
ALLOY UNS S30300, TYPE 1
LOCK RING &
CONTACT: BERYLLIUM COPPER PER ASTM B196
INSULATOR: PTFE PER ASTM D1710, TYPE |, GRADE 1, CLASS B
GASKET: SILICONE RUBBER PER ZZ-R-765, - - -
CLASS 2B, GRADE 50/60
RESISTOR ELEMENT: ALUMINA SUBSTRATE WITH
NICHROME RESISTOR
FINISH:
|
BODY: GOLD PER ASTM B 488, TYPE I, /
GRADE C, CLASS 1.27, OVER NICKEL
PER AMS-QQ-N-290, CLASS 1
COUPLING NUT: GOLD PER ASTM B 488, TYPE |,
GRADE C, CLASS .50, OVER NICKEL
PER AMS-QQ-N-290, CLASS 1
CONTACT: GOLD PER ASTM B 488, TYPE I |,
GRADE C, CLASS 1.52, OVER NICKEL
PER AMS-QQ-N-290, CLASS 1
PERFORMANCE:
IMPEDANCE: 50 OHMS
FREQ. RANGE: DC TO 18.0 GHz . . -
VSWR: 1.10:1 DC TO 18.0 GHz W SEENOTES rscnoe. 1ies ooy ayo | UNLESS OTHERWISE SPECIFIED SV Microwave, Inc.
OPERATING TEMP.: -55°C TO +125°C FINISH: SEE NOTES DEGIMAL: x- '*030 XX 15" AL DIVENGIONS ARE AFTER NG METERS] 2400 Centrepark West Drive, Suite 100
AVG. POWER: 1 WATT (POWER INPUT DERATED LINEARLY ST ' -Zﬁx ;:{%3)% z;gﬁg@igﬁ:%ﬁgﬁi%‘éﬁ%ﬁhs;[issiD M:;X — West Palm Beach, FL 33409
FROM 25°CTO 25 WATTS AT 125°C) A e T S S ERMINATION
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