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SEE NOTE 7

NOTES:

. TERMINAL TO BE USED IN HOUSINGS T70QQ6b-x***x AND
TQ450-*x*xx*

REFER TO PRODUCT SPECIFICATION PS-70058

REFER TO MOLEX OPERATIONS AND SERVICE MANUAL
FOR CRIMP DETAILS

TERMINAL TO BE USED WITH (0.64)/.025 SQUARE PINS
TERMINAL TO BE USED WITH 24-30 AWG STRANDED
WIRE WITH (1.52)/.060 MAX. DIA. INSULATION
TERMINALS SUPPLIED IN REEL FORM

CRIMP SIZE INDICATOR A=24-30 AWG

*THE PRIMARY SHIPPING CARTON WILL BE LABELED "COMPLIANT TO
RoHS DIRECTIVE 2002/95/EC AND ELV ANNEX II OF DIRECTIVE 2000/53/EC".
CARTONS WITHOUT THIS LABEL MAY CONTAIN PRODUCT WITH LEAD.

PLATING:

000030 MIN. GOLD PLATE IN SELECT AREA,
Q00075 MIN. TIN PLATE IN SELECT AREA,
OVER NICKEL PLATE OVERALL.
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