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7 ELECTRICAL DATA:
TESTS CONDITIONS ACCEPTANCE CRITERIA
\/ lex @ 115V, 400Hz, PIN 1 - PIN 2 114mA Max.
Sec. NLV | @ 115V, 400Hz, PIN 1- PIN 2
PIN3-PIN4=| 1576V 2%
PIN5-PIN6=| 15.76V 2%
MANUFACTURED USING MINIMUM CLASS A (105°C) MATERIALS. DCR @20°C,PIN1-PIN2=] 11.61Q +20%
RoHS COMPLIANT @20°C,PIN3-PIN4=] 0.603Q +20%
OPERATING TEMP.: -40°C TO 105°C @20°C,PIN5-PIN6=| 06030 +20%
STORAGE TEMP.: -40°C TO 85°C '
HIPOT PRIMARY - SECONDARY 1500V, 60Hz, 1 SEC
REV.# REVISION DATE M H A MMOND ELECTRONIC DIVISION
0 | RELEASED. C.1.| 12/20/16 C 52 RANKIN PLACE, PH # (519) 886-6181
1 REVISED PIN SHAPE. c.l.| 12122116 WMANUFA TURING.. WATERLOO, ONTARIO, N2J 3Z5 FAX # (519) 886-9540
DWG.BY: C.ILE [CHKDBY: TITLE:  POWER DWG. NO.
APP'D. BY: 226R
DATE: 12/20/16 DIMENSIONS: IN(X) MM{ ) TRANSFORMER




