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MATERIAL NO. [ENGINEERING NO.[ LENGTH CABLE LENGTH TOLERANCES

>3M [1FT]: +19mm-0 [+.75in-0]
1300130299 1R4000A39M005 | 0.5M 3 - 9M [1- 3FT) +44.5nm-0 [+175in-0] AUX. VIEW
1300130300 1R4000A39M010 1.0M 9 - 18M [3 - 6FT]: +55.6mm-0 [+2.19in-0] SCALE: 11
1300130301 1R4Z000A39M020 | 2.0M 18 - 3.7M [6 - 12FT: +88.9mm-0 [+3.50in-0]

3.7 - 7.3M [12 - 24FT): +165.1mm-0 [+6.50in-0]

7.3-14.6M (24 - 48FTIL: +317.5mm-0 [+12.50in-0]

1.6 - 30.5M [48-100FT): +622.3mm-0 [+24.50in-0]

OVER 30M [100FT] +2% OF FINISHED LENGTH

LENGTH
(SEE CHART)
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PART NO. LEGEND ot NPT
1R4000A39MQ05 Section Z-Z L 7
135
FINISHED LENGTH 344 FEF
WIRE TYPE: 16 AWG PVC MOOS- 05 METER
M010= 1 METER
] M100= 10 METERS
88 WIRE DIAGRAM
224
NOTES: BROWN 1
1. MATERIAL: AS NOTED
2. FINISHES: AS NOTED ) ) WHITE >
— 3. ELECTRICAL SPECIFICATIONS
VOLTAGE RATING: 483V PER IEC60664 BLUE 3
600V PER UL2238
CURRENT RATING: 10 AMPS BLACK 4
4. PROTECTION: IP67 (WHEN MATED) KNOCKOUT HOLE
5. TEMP RANGE: -20°C TO +105°C
6. AGENCY LISTING: E152210 PIN-OUT PER CENELEC COLOR CODE
7. DIMS SHOWN ARE FOR REFERENCE
UNLESS NOTED OTHERWISE
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