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NOTE RoHS iINFORMATION Mounting Options

RL Insert M3
- The "LF" product meet european union Directives and other country nser
requlations asdescibed in 6S-22-008. RV | Female Screw UNC 4-40
- The housing will whistand exposure to 260° peak temperature for RX Insert UNC 4-40

30 seconds 1n a convection , infra-red or vapor reflow oven.
See application notes/procedures 1f are availlable.
- Termination plating spec: .27y Nickel mini, 2.5 to 7.5y Snlpure mate)
- Shell plating @ Nickel bright
- Accessories @ Sn pure bright
- Packaging spec ; See GS-14-920
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PCB Card Driling dimensions and Pads recommended
(after plating - Thickness : 160 mm)
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