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S Cross reference fable
. 4 i Old part number |Tyco part number{Description Material Plating Ga |@b |dim c|Cable type
\A . V23612-A102-A4L5 [1393680-3 Outer conductor |Brass T pm Au min |2.55|6.2 |26.2 |02YCCY
13 L @ Q in confact area 0.4/2.5
ru Center conductor|CuBe/Brass|1 um Au min LYCmSICY
O in contact area 0.4/2.5
Dielectric PTFE/PEEK |-
/7\OBSOLETH V23612-A102-Ak6 |4393686—4 Outer conducter [Brass 1T um Au min 2.9 [7.93129.2 [2YC(mSICY
in contact area 0.5/3.0
C Center conductor|CuBesBrass|1 um Au min
in confact area
Dielertric PTFE/PEEK |-
/7\OBSOLETE v23672-A102-AL9 |4393688-5- Quter conductor |Brass T um Au min (4.3 |7.93]29.2 [2YCY
In conftact area 0.7/4 .4
| Center ronductor|CuBe/Brass|T um Au min
/7\ OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINIS S— 7 confact sre3
Dielectric PTFE/PEEK |-
@ , V236172-A107-A76 |1393680-9 Quter ronductor |Brass 1 um Au min |2.15]5.7 [26.7 |[02Y(sT) CY
Facked in fray in contact area 0.45/2.0
é Cenfer conductor|CuBe/Brass|T um Au min
Reference plane. in contact area
L) Mating face according fo DIN 47295/CECC 22240. Dielectric PTFE/PEEK |- ,
V236172-A102-AT6A11-1393680-0 Outer conducter |Brass 1T um Au min  |2.15]5.2 |26.2 [02Y(sT) CY
B A Minimum dimension. in_contact area 0.45/2.0
A A Center conductor|CuBe/Brass|1 um Au min
72} ALl dimensions are maximum unless ofherwise specified. in confact area
A , Dielertric PTFE/PEEK |-
Supplied as loose part, /7\[OBSOLETH| V23612-F102-A76 |+—4353480-5 Quter conductor |Brass 1 um Au min |2.15]5.2 [26.2 [02Y(sT) CY
in contact area 0.45/72.0
Center ctonductor|{CuBe/Brass|{1 um Au min
| in confact area
Dielectric PTFE/PEEK |-
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Cross reference fzbel
Old part number Tyco part number|Description Material Plating @a |@b |dim ¢ Cable type
/7\JOBSOLETE|| V23612-A102-A24 | 3936864 Outer conductor |Brass 1 um Au min 2.15 |5.2 |26.2 [R1-T1 2.0
3 ‘N Confact ares LI 75k
Center conductor|CuBes/Brass|1 um Au min
in contact aresz
Dielectric PTFE/PEEK |-
V23612-A102-A41 |1393680-2 Outer conductor |[Brass 1 um Au min 1.7 3.6 |26.2 |RG 179 B/U
'n contact area
Cenfter conductor|CuBes/Brass|1 um Au min
] N confact ares
Dielectric PTFL/PLEK |-
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DIMENSIONS: OTTH%LRElf\ASNECESSPEUCNILFEISESD: A|!<VD Maﬂheeu“%iPRQDO’| NANE
mm B, leeman (able nlug
a PLC + FRODUCT SPEC 1.6/5.6
A I PLC 0.5 _ : :
‘E‘@ § El[g 1833 APPLICATION SPEC 75 0nm
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