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| MATERTAL:
HOUS ING
PBT POLYESTER,
TERMINALS:
0.33 THICK PHOSPHOR BRONZE PLATED WITH
THICK HARD GOLD IN LOCALIZED AREA AND Zum M
THICK MATTE TIN [N ACTION PIN COMPLIANT PIN
OVER .2 7um MINIMUM THICK NICAEL UNDERPLATE.
SHIELD:
0.25 THICK COPPER ALLOY PLATED WITH 2.03um MINIMUM
BRIGHT TIN OVER |.27um MINIMUM NICKEL.
LIGHT EMITTING DIODE (LED):
DIFFUSED EPOXY LENS, 0.51 CARBON STL WIREFRAME LEADS
PREPLATED WITH 8.89 um THICK TIN/COPPER OVER 2.03 um THICK SITLVER
OVER [.02 pm THICK COPPER OVER 3.56 um THICK NICKEL OVER
COPPER UNDERPLATE
LED ACTION PIN - COMPLIANT P
WITH 2um MINIMUM MATTE TIN OV

BLACK, UL 94V-0.

2 Tum MINTMUM
[N IMUM
TERMINAL AREA

CONTACTS 0.3 THICK BRASS PLATED

N
ER 1.2 7um MINIMUM NTCKEL UNDERPLATE.

™o

JACK CAVITY CONFORMS TO FCC RULES AND REGULATIONS, PART 68

SUBPART F.
SUGGESTED OPERATING CURRENT FOR LEDS

DRILLED HOLE DIA = [.024£.025.
COPPER THICKNESS = 0.025-0.075.
TIN THICKNESS = 0.008 MIN.

DATUMS AND BASTC DIMENSTONS ESTABLISHED BY CUSTOMER
DATE CODE LOCATED ON REAR OF PART APPROXIMATELY AS SHOWN
CONTACTS ARE NOT [INTENDED TO BE ALIGNED WITH EACH OTHER

FOR THE PART NUMBER 6368116-4, CONTACT AREA LUBRICATED WITH
BELLCORE APPROVED LUBRICANT. TECHNICAL REFERENCE GR-1217-CORE,
[SSUE |, NOVEMBER 1995,
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