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DETAIL A

DIRECTION OFF TOP OF REEL

OBSOLETE PARTS: OBSOLETE CIS STREAMLINING 
PER D.RENAUD/D.SINISI

CONNECTOR WITH BLACK HOUSING

NOTES:
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CONN STACK HEIGHT COMBINE OF PLUG "Y "H VS REC "X"H.

STACK HEIGHT = Y + X - 5
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NOTES;

MATERIAL: HOUSING:L.C.P. (HIGH TEMP. THERMOPLASTIC)
UL 94V-0,NATURAL.

CONTACT:BERYLIUM COPPER.

FINISHI;CONTACT AREA:0.00076 MIN GOL D ON
0.0013 MIN ALL OVER NICKEL.

SOLDERING AREA:0.002 MIN MATTE-TIN.

POSITION SERIES: SEE TABLE.3.
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