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1. ALL DIMENSIONS IN INCHES  [mm]

    - TWO PLACE DECIMALS     0.02    [0.5]

    - THREE PLACE DECIMALS   

STAR SYMBOL DENOTES CRITICAL DIMENSION

722AC 732AC712AC

TYPICAL

1. MATERIALS:

    HANDLE              BLACK THERMOPLASTIC
    CABLE CLAMP   THERMOPLASTIC
    FLEX RELIEF      THERMOPLASTIC ELASTOMER
    BUSHING            BLACK THERMOPLASTIC
    POWER JACK    SEE POWER JACK FOR MATERIALS
                            AND SPECIFICATIONS

2. THESE PARTS ARE CURRENT CARRY ONLY NOT TO BE
    USED FOR CONNECT OR DISCONNECT UNDER LOAD.

3. SHIPPED UNASSEMBLED

4. CABLE RANGE FOR FLEX: 0.220-0.250 DIAMETER

5. THESE PARTS ARE RoHS COMPLIANT
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