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COIL: 8 +25°C
RESISTANCE 520 OHMS * 10% CUSTOEI;IEER BE::JA SHEET
NOMINAL VOLTAGE 18.0 VDC —~7
MUST OPERATE 95 VDC 9 (Jﬁ—\i
MUST RELEASE 0.95 vDC D T
ENVIRONMENT: g \ ? 6
VIBRATION _10__ cps 70 _2000 cps @ _20 45 TERMINAL VIEW
SHOCK 00 gs 6 MS. DURATION | CONTACT RATING. LOW LEVEL TO 4A
TEMPERATURE -65 oc TQ __+125 oC
NOTES: _ OPERATE & RELEASE 4 MS MAX. _
CONTACT BOUNCE 2 MS MAX. DR._RB. 12/7/98 CKMIW/PE
COMMUNICATIONS

.I INSTRUMENTS, INC.
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