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2- MATERIALS :
FRONT HOUSING PLASTIC : CLEAR POLYCARBONATE, UL 94-VO

CONTACTS :  PHOSPHOR BRONZE, SELECTIVE GOLD PLATING
53— CONTACTS TERMINATE STRANDED CONDUCTORS UP
TO .037 [0.94] OUTSIDE DIAMETER OF INSULATION.

4— FOR PRODUCT SPECIFICATION SEE PR026-01.
5— TOLERANCES COMPLY WITH F.C.C. DIMENSION REQUIREMENTS.
/6\ TERMINATED PLUG HEIGHT: .237 [6.02] +.005 [0.13]

BULK 50 MICRO-INCHES [1.27um] 937-5P-3088
CONTACT PLATING
PACKAGE IN MATING AREA PART NUMBER

THIRD ANGLE PROJECTION
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11118 Susquehanna Trail South
Glen Rock, PA 17327-9199
(717) 235-7512

http: //www.stewartconnector.com
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T EIGHT CONDUCTOR/EIGHT POSITION LINE CORD MODULE;

DIMENSIONS: INCHES [METRIC]

UNLESS OTHERWISE SPECIFIED
TOLERANCES ARE +.005 [0.13]
ANGLES ARE % 1°
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