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34.0 502352-1500 15 34.0 502352-1510 15
32.0 502352-1400 14 32.0 502352-1410 14
30.0 502352-1300 13 30.0 502352-1310 13
28.0 502352-1200 12 28.0 502352-1210 12
26.0 502352-1100 11 26.0 502352-1110 11
24.0 502352-1000 10 24.0 502352-1010 10
Sn 22.0 502352-0900 9 Au 22.0 502352-0910 9
NATURAL|20.0 502352-0800 8 NATURAL [ 20.0 502352-0810 8
18.0 502352-0700 7 18.0 502352-0710 7
16.0 502352-0600 6 16.0 502352-0610 6
14.0 502352-0500 5 14.0 502352-0510 5
12.0 502352-0400 4 12.0 502352-0410 4
10.0 502352-0300 3 10.0 502352-0310 3
8.0 502352-0200 2 8.0 502352-0210 2
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26.0 502352-1101 11 - - 11 - 11
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12.0 502352-0401 4 12.0 502352-0402 4 12.0 502352-0403 4
10.0 502352-0301 3 10.0 502352-0302 3 10.0 502352-0303 3
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34.3 | 502352-1500 15 34.3 | 502352-1510 15
524 |61.4 |57.4 | 56 |26.2 . . . .
32.3 | 502352-1400 14 52416141574 | 56 12621 ) T £00350-1410 14
30.3 | 502352-1300 13 30.3 | 502352-1310 13
28.3 | 502352-1200 12 28.3 | 502352-1210 12
40.4|49.4 454 | 44 | 20.2|26.3 | 502352-1100 11 40.4 | 49.4 454 | 44 | 20.2|26.3 | 502352-1110 11
24.3 | 502352-1000 10 24.3 | 502352-1010 10
S 22.3 | 502352-0900 9 AL 22.3 | 502352-0910 9
n
NATURAL 20.3 | 502352-0800 8 || NATURAL 20.3 | 502352-0810 8
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16.3 | 502352-0600 6 16.3 | 502352-0610 6
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14.3 | 502352-0501 5 5 5
12.3 ] 12.3 ; 12.3 | 502352-040
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