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- HHM’ Hybrid module ||— -

70A 1000V 8kV 3
16A 40OV 6kV 3

30,3
34,2

fir Litze 14-22mm?, AWG 6-4, feindrdhtig
for stranded wire 14-22m?, AWG 6-4, fine wire
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Original Size DIN A &

Techn. Character.

Nicht tolerierte MaBe/ Free size folerances

Han Hybrid module
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