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|| || || M12 D-coded L-pole, angled overmolded male connector
7 | 100 XXX=000
length 99 XXX=990
| %%ug4 ¢ .
Mating face acc. to IEC 61076-2-101 “1m” . .
M12x1 '
step 12 XXX=120 |
P1h5 11 XXX=110
10 XXX=100
TX 9.9 XXX=099
9.8 XXX=098
length , .
in
“0.1m" ' '
X Loading-Plan: step 0.4 XXX=004 :
. 0.3 XXX=003
Shield 5
4.0 to 100 +1% 0.2 XXX=002
,{ yellow 0.1 to 3.9 +0.04 0.1 XXX=001
white a [m] Tolerance Step a [m] XXX |
orange {
Part no. 21349400L\X|X,XXX
Ly blue
C E
Type of cable XX
PVC, green, 4xAWG22/% XX=05
PUR, green, 2x2xAWG22/7 XX=11
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- Profection level: [P 65/67 ) By | AL reserved | ey SOPESCLD AVRAM 2017-04-06 Final Release
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