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MATERIAL | OLD PART | COUPLING NUT | COUPLING NUT
NUMBER | NUMBER MATERIAL FINISH
1300170004 1A3000-34 BRASS NICKEL PLATED @
1300170005 | 1A3000-348 STAINLESS STEEL PASSIVATED @
3.54 REF.
90.0
i e @1.00 REF. .
/ 25.4 &
0.D. CABLE RANGE
.20-.45/5.0-11.4 7/8-16
e THREAD
1
1
2
3
3 2
WIRING CHART VOLTAGE RATING PER UL 2238 600VAC/VDC
VOLTAGE RATING PER IEC 60664 500V
FEMALE FACE VIEW AMPERAGE RATING 13 AMPS
PROTECTION IP67 (WHEN MATED)
OPERATING TEMPERATURE -20°C TO 80°C
CSA CERTIFICATIONS CSA CERTIFIED, FILE NO. LR6837
~ < QUALITY GENERAL TOLERANCES DIMENSION STYLE SCALE DESIGN UNITS THIRD ANGLE
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