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1TP12 SERIES WITH BUTTON IN RELEASE
- CAT, LIST, OPPOSITE LUG NO.
CHART 1 LUG |centER] sSIDE
(2-31 § -2y | ti-2)
TeI2-) ON OFF ON SR~11845
- SR- 12763
AL R e ON__ | NONE | OFF 15A-125, 230 OR 277 VAC @ C€ A
ITPi2-3 ON NONE ON 1/2HP-125VAC; 1HP-250, 277VAC
ITPI2-21 ON OFF NONE SA-125VAC "L" CODE L191 @\ PR-2017
ITPI2 - 31 ON ON NONE PR-2017
1TPI2-5 oN OFF | MOM ON _— 277 VAC @ C€ Pa-:grr
OFF | WONE {WOM ON 1 /4HP-125VAC; 1/2HP-23Q, 277VAC PR-2017
1TPiz-7 MoM ON]| OFF | MOM ON 3A-125VAC "L"  CODE L192. A\ SR-8890
ON NONE | MmOMON PR-2017
1TPI12~5] MOMON| ON NONE PR-2017
ITPIZ-6I NONE | OFF | MOM ON PR-2017
CLEAR PLASTIC
ACTUATOR BUTTON
(REMOVABLE)
6-32UNC THREAD
WITH LOCKING FEATURE (2)
BUSHING AND COVER SEALED TO PREVENT
ENTRANCE OF LIQUIDS OR DUST
6-32 UNC X.260 REF BINDER HEAD TERMINAL
SCREW AND LOCKWASHER {SEMS) (3)
NOTES

THIS DRAWING COVERE A PROPRIETARY ITEM AND 18 THE PROPERTY OF MICRO SWITCH A DIVISION OF MINNEAMOLIS-
HONEYWELL REGULATOR CO THIS DRAWING IS NOT TO BE COPIED OR USED WITHOUT THE APPROVAL OF MICRO SWITCH
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DIMENSIONS ARK JH INCHES

TOLERANCES Arn

ONEZ PLACE {9 £.030
TWO PLACK ¢ 00 t.oan
THREE PLACE ( 000}  2.008
ANGLEW E

weIGHT |10 L8 EST

1 - MICRO SWITCH CATALOG LISTING MARKED ON SIDE OF SWITCH

2 - THESE SWITCHES WILL WITHSTAND TEMPERATURE OF 160°F
/3\ SCREWS FURNISHED UNASSEMBLED



