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I. PARTS COMPLY WITH TE SOLDERABILITY
SPEC, NO. 109-//-3 D
/2\ CONTACT 15 PLATED OVERALL WITH 000050 NICKEL, THEN
POINT OF .000030 GOLD OVER CONTALT LENGTH INDICATED AND TIN
MEASURE MENT 'PLATED ON SOLDER TAIL END.
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