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Applicable cable

Contact No.10 Contact No.6 ltems Applicable condition
Conductor size | AWG 28-22

: Insulation 0.D. |@1.55mm max.
) JE oy N AN ¥ S I —— Braid Shield |Tin plating
‘ Sheath 0.0.  |@6.3mm - @7.2mm

Contact material: copper alloy
Contact area: Gold 0.2pm min.
Wiring area: Gold 0.03pm min.
Under plating: Nickel 2ym min.

All Dimensions in mm Scale Free size fol. Ref.
Original Size DIN A4 | 2:1 Sub.,
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Product Structure Contact No. 1/ |Contact No. 5
Cover Case

Shield Case Contact No. 10 Contact No. 6

Contact No. 1 Contact No. 5

Contact No. 10 Contact No. 6

Mating condition (2:1)

Panel

@ m % All Dimensions in mm Scale Free size tol.

Original Size DIN AL 1:1 Sub.
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