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In case that the application demands a high level of reliability, such as automotive,
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3 DIMENSTON TABLE OF CONNECTOR AND P.C.B. LAND PATTERN.
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GEJ- = FXBC- B0S-SV5(71)} €L578-0821-0-71 | 60 | 24.60 | 23.05| 20,80 17.401 22,20 (.
% = FXBC- BOS-SVA(71)} CL578-0823-5-71 | 80 | 30.60 | 29.05 | 26,801 23.40| 28.20
o] o o FXBC-100S-Sv3{71)] CL578-0825-0-71 |100 | 36.60 | 35.05 | 32.801 29.40} 34.20
£ - | B FXBC-120S-SV5(71)| CL578-0826-3-71 | 120 | 42.60 | 41.05 | 38.80] 35.40] 40.20
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2, FOR MODIFICATION,ETC. PREVENTIVE HOLE FOR SINK MARK MAY BE ADDED ACCORDING TO CIRCUMSTANCES. |-
3. THE DIMENSIONS [N PARENTHESES ARE FOR REFERENCE. i
[ 4> NUMBER OF CONTACTS. ]
- - il - CONTACT AREA:GOLD C. 1. m min,
[ ] 1,3| PPS LIGHT BROWN (ULS4YV-0)| 2  PHOSPHOR BRONZE | LEAD AREACTIN-PLATING 1 m min.
- H - UNDER PLATING:NICKEL 12 m min.
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