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PANEL CUTOUT DIMENSION TABLE 1 | Case Nylon # 66 Color: Black 1
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0-1 0.15 Description:
RATING: T0A 250V AC 6 020 UNIVERSAL SNAP-IN INLET WITH FUSEHOLDER
DUAL FUSEHOLDER, ONE ACTIVE, ONE SPARE :
FUSES NOT INCLUDED - RECOMMENDED SIZE: 5 X 20mm 6-18 0.30
APPROVALS: UL,CSA, TUV, CCC 1850 050 UNIT: mm REV.C
RoHS COMPLIANT 50-120 0.70 Drawn / Date Checked / Date Approved / Date
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