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A HOUSING, ADAPTER AND PRESSURE PLATE: NYLON, BLACK.
WIRE ENTRY SEAL: ELASTOMER, RED—IRON OXIDE.
PERIPHERAL SEAL: ELASTOMER, GREY.

2 CONNECTOR WILL ACCEPT (24) MULTIMATE PIN CONTACTS.
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