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09185347911 3 L,5 AUL Dimensions inmm | Techn. Character. Nicht tolerierte MaPe/ Free size folerances
09185346911 2 4,5 6@%0”9““1 Size DIN A 3
09185345911 0,76 um Av 4,5 Dat. Name Napstab/ Scale SEK ‘|8 MOIQ Connector St(]nd(]rd
09185347913 3 2,9 Defail. [01-DEC-99|  Th 1 g . 1 3L poles
09185346913 2 2,9 29753 |11-MAR-02 JB Insp. |03-DEC-01 MV Angled pins
09185345913 0,76 pm Av 2,9 29739 |03-DEC-01| JB | Stand. Short locking levers
Bestel-Nr. Anforderungsstufe 27931 [15-JUNE-00  JB Blatt/ page
Part-No. performence level a 26554 [01-DEC-99|  JB EAR;Igg EURFL, , @ TB 091 853[‘X91 X 2/
Reference Niveau de qualite Mod. | Dat. | Name -959 arts Sub. 2
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