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6 | 19431160448 |Han-Eco 16B-HTE-for SL-M40-glanded | 105,9 | 158,7 [ 46 [ 16-28 [ 20,0 [ 20,0 | item 1-3 excluding cable gland

5 | 19431160447 [Han-Eco 16B-HTE-for SL-M32-glanded | 1059 | 1458 | 36 [ 13-21]| 4,0 | 15,0 % T o -

L 19431160446 | Han-Eco 16B-HTE-for SL-M25-glanded| 105,9 142 4 29 9-11 4,0 10,0 6@ Original Size DIN A3 | 1:1 Sub.

3 | 19430160448 Han-Eco 16B-HTE-for SL-M40 105,9 - - - - - | gmmmg| Al rights reserved |Created by Inspected by R -

2| 19430160447 Han-Eco 16B-HTE-for SL-M32 105,9 - - - - il [ —
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1 19430160446 Han-Eco 16B-HTE-for SL-M25 105,9 - - - - - Han-Eco 16B-HTE-for SL-Mxx %%%%%%%Zéqzugwooa/[ F
. @ @ HARTING Electric GmbH & Co. KG — — — ™
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