NOTES: THIRD ANGLE PROJ. @ g REVISIONS

| MATERIALS AND FINISHES: REV DESCRIPTION DATE ECN APPR
" TBODY - BRASS. TIN PLATING A RELEASE TO MFG. 18-Feb-19 | 10462 | EH

CONTACT - BeCu, GOLD PLATING

REAR CONTACT - BRASS, GOLD PLATING

HEX NUT, CAP, RETAINING RING - BRASS, NICKEL PLATING
LOCKWASHER - PHOSPHOR BRONZE, NICKEL PLATING
INSULATORS - PTFE

2. ELECTRICAL:
A. IMPEDANCE: 75 OHM
B. FREQUENCY RANGE: DC - 12 GHz 3
(

REF SCALE 1.000
3. MAX. PANEL THICKNESS: 1.52 [0.060]1 MAX.

2.17 REF —— 0.5 REF o 44 REF
4. MECHANICAL: P18 [.109] j r [.020) E(_)AZS}REF ﬂ_%[ﬁoem

A. DURABILITY: 500 CYCLES MIN. [ 7097
B. TEMPERATURE RANGE: -65°C TO +165°C
C. CONNECTOR IS IP-67 COMPLIANT IN UNMATED CONDITION

WHEN MATED TO PANEL. m‘
5. PACKAGING: | ﬁ
A QUANTITY: SINGLE PACK ‘ 10.98 REF
B. MARKING: PACKAGING TO BE MARKED ] N N 11 N [ 432]
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