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In case that the application demands a high level of reliability, such as automotive,

please contact a company representative for further information.
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Note [1 >Please use non-radius side for-the panel hooking area.
[2 >Applicable panel thicknessingis 2.3 to 0.5 mm
[3>Consult hirose for the other panel cutout designs than recomnended one.
4. Per pack : 100 pieces.
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