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TOP LEDZ2

BOTTOM LED2

AMPHENOL PART NUMBER: R J S GE 4887 X X1

SHELL OPTION

6: SHIELD WITHOUT EMI SPRING
7: SHIELD WITH ALL EMI SPRING

TOP LED1

BOTTOM LED1

+ N (ANODE)+ _[>|_—(CATHODE)

TYPICAL FOR SINGLE & MULTI—PORT

LED OPTION (SEE TABLE 3)

—GOLD PLATING OPTION
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LED SPECIFICATIONS:

FORWARD VOLTAGE: 2.1 VOLTS TYP.
REVERSE VOLTAGE: 5.0 VOLTS MIN.
LUMINOUS INTENSITY: 0.6 mCd MIN.

STORAGE TEMPERATURE:

PLATING

LEGEND

(AT If=2mA)

—40" TO 85° C

ON TAILS: TIN OR TIN/COPPER
ALLOY OVER SILVER

: GOLD FLASH BiC=BI—COLOR LED
2: 15u” MIN. GOLD PLATING LOWC=LOW CURRENT LED
3: 30u” MIN. GOLD PLATING ggjé'gé-g\‘l”
4: 50u” MIN. GOLD PLATING RD_RED
OR=0ORANGE
TABLE 3
PRIMARY COLOR FOR BI—COLOR
PART NUMBER R J S GE 4 8 8 7 X X 1 LEDS IN STANDARD ANODE/
CATHODE CONFIGURATION [S:
LED COLOR CODE RED—GREEN= RED
RED—YELLOW= RED
CODE  |LED 2 (LEFT)|LED 1 (RIGHT)| CODE |LED 2 (LEFT)|LED 1 (RIGHT)| CODE |LED 2 (LEFT)|LED 1 (RIGHT) GREEN—YELLOW= GREEN
0 BLOCKED |BLOCKED 9 GREEN |BLOCKED J BiC RD/GR| YELLOW GREEN—ORANGE= GREEN
1 YELLOW | GREEN A BiC GR/YE|BiC GR/YE K YELLOW [BiC GR/OR NOTE:
2 BLOCKED| GREEN B BiC RD/GR|BiC RD/GR L BiC GR/YE| RED THE TWO DIGITS PRECEDING THE
: : ADDITIONAL LED CODE MUST BE
3 YELLOW |BLOCKED C BiC RD/GR BiC GR/YE M RED | YELLOW 0220 T THE PARY NUMBER, WiHEN
4 GREEN | YELLOW D GREEN [BiC GR/YE P GREEN [BiC RD/GR ORDERING ANY OF THE ADDITIONAL
5 GREEN | GREEN E YELLOW [BiC GR/YE R BiC GR/OR] GREEN LED OPTIONS.
6 YELLOW | YELLOW F BiC GR/YE| YELLOW T RED RED
7 RED GREEN G BiC GR/OR|BiC GR/OR v BiC RD/GR] GREEN
8 GREEN RED H BiC GR/YE] GREEN w
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CONNECTOR IS PLACED INTO TRAYS WITH PRESSFIT TAILS DOWN

STACK FOUR TRAYS TOGETHER

NOTES:

L Y VL

T UL L I I I ]

PUT 4 TRAYS INTO CARTON

PACAKING QUANTITY
1. 30PCS PER TRAY

2. 6 PCS TRAYS PER CARTON
180 PCS CONNECTORS PER CARTON
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SEAL THE CARTON

REF 220 [8.661]
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