Type: 010615030 External dimensions: 64 X 150 x 34 mm Weight: 316 ¢
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DESCRIPTION ENCLOSURE, STANDARD, ALUMINUM
64 X 150 X 34MM, RAL7001
SIZE | DRAWING NUMBER REV
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