confact face acc. to
IEC 61076-2-101

0,34 - 0,75mm*
= AWG22-AWG18
I cable outside diameter 10 - 88mm

% All Dimensions in mm Scale | Free size tol. Ref.
Original Size DIN A4 | 2:1 Sub. TB 2103 212 1407 / ECO3127 / 18.04.1
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