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LENGTH & P/N Table
PLUG 1 PLUG 2 COLOR
LENGTH P/N Cable Color PIN 1 PIN 1 WHITE/ORANGE
1FT t1inch | MP-64RJ45UNNG-001 GREEN PIN 2 PIN 2 ORANGE
: PIN 3 PIN 3 WHITE/GREEN
3FT £1inch | MP-64RJ45UNNG-003 GREEN PIN 4 PIN 4
BLUE
SFT #2inch | Mp_g4RJ4SUNNG-005 | GREEN PIN 5 PIN 5 WHITE/BLUE
- PIN 7 PIN 7 WHITE/BROWN
10FT £3inch
Inc MP-64RJ45UNNG-010 GREEN PIN 8 PIN 8 BROWN
14FT *3inch | MP-64RJ45UNNG-014 | GREEN
25FT +4inch MP-64RJ45UNNG-025 GREEN
50FT +8inch MP-64RJ435UNNG-030 GREEN e 5 ]
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100FT £8inch | MP-64RJ4SUNNG-100 GREEN T\ | TOLERANCES ARE: APPROVALS DATE 20 VALLEY ST. ENDICOTT, NY 13760
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