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5. THE 12 PIN BUSBAR HAS A MAXIMUM CURRENT RATING OF 78 AMPS, 13 AMPS PER PIN.
4. FOR WIRE, CONTACT PERFORMANCE, AND APPLICATION
CHARACTERISTICS, SEE ENVELOPE DRAWING 0425-015-0000 AND 0425-017-0000.
3. THIS DTO4-12PA-P02! MATES WITH DT06-[2SA-###s (sexs = ALL MODIFICATIONS). SIGNATURE & DATE ce coné
CONSULT FACTORY FOR MODIF ICATIONS. oR | P.BURKE 5/8/00 DT K|E$ szARXNGRE%gNETPTAACLE The Deutsch Company
CHK -G -5 AT DEUTSCH 1.P.D.
2. DIMENSIONS ARE =.025 [0.631 UNLESS OTHERWISE SPECIFIED. — 0 201 |5 pIN BUSBAR-NICKEL PLATED | B 3650 DISTRIAL AVE.
E All- COLOR: GREY HEMET, CALIF. 92545
|, ALL DIMENSIONS ARE IN INCHES [MILLIMETERS].
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