6. MATERIAL - HOUSING: PLASTIC; GROMMET: RUBBER.

5. THIS RECEPTACLE MATES WITH DTM06-2S-##%% PLUG.
(##¢+ - ALL MODIFICATIONS)

FOR CONTACT AND WIRE PERFORMANCE AND APPLICATION
CHARACTERISTICS SEE ENVELOPE DRAWING 0425-015-0000.

3. SECONDARY WEDGE LOCK SOLD SEPARATELY: WM-2P, WM-2Ps¢.
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2 CONTACTS, SIZE 20
COLOR: BLACK

CONTACTIMIN. INSUL.|MAX. INSUL.|[WIRE RANGE
SIZE 0.D. 0.D. [mmZ] REF ONLY
20 .053 . 120 16-20 AWG
[1.35] [3.05] (1.0-0.5]
SIGNATURE & DATE RECEPTACLE cp Cone

The Deutsch Company
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