REV REVISIONS
B DTMO6-25P006 [Svw DESCRIPTION DATE | APPROVED
NC | NEW RELEASE PER E.O. P15942 3-12-99 RDR
t—————— | . 145,015 ———— A | REVISED PER E.O. P19593 7-30-07 RDR
[29.08+.38] B |REVISED PER £.0. P20078 12006 | DR
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: 7. MATERIAL - HOUSING: PLASTIC; GROMMET: RUBBER
a 6. CONTACT FACTORY FOR SAE J1939-15 CONNECTOR USAGE.

5. THIS PLUG MATES WITH DTM04-2P-»#xs RECEPTACLE.
(sx2x - ALL MODIFICATIONS)

4 INTERNAL RESISTOR: 1100) MIN., 12002 NOM., 130C) MAX., .4 WATTS MIN..
SIGNATURE & DATE 2 WAY PLUG EP WAL
& SECONDARY WEDGE LOCK 1S INCLUDED WITH PLUG. DR IS THEIS 2/24/99 W/ RESISTOR & CAP 3850 INDUSTRIAL AVE.
K [P Wrs/n? COLOR: GREY HEMET, CA 92545
2. DIMENSION TOLERANCE: .025 [.64]. _ : DEUTSCH
: : CHES L] PE If]3/0g P006 MOD ~— TNDUSTRTAL
. ALL DIMENSIONS ARE IN INCH mm]. SE
—+ = DTM SERIES B| DTM06-25-P006
NOTES: UNLESS OTHERWISED SPECIFIED s (A58
ENVELOPE cope | SHEET | OF |




