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FACE VIEW

STD COUPLING RING
P/N:  W3B82-8PG-3XX
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WIRE VIEW
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MAT'L:  COPPER ALLOY
            GOLD PLATED

SOLDER CUP STYLE

MAT'L:  COPPER ALLOY
            GOLD PLATED

GASKET
MAT'L:  UV PBT, BLACKMAT'L:  RUBBER,

BLACK

GROMMET

MAT'L:  UV PBT, BLACK

BLACK
BACKSHELL

CABLE CONNECTOR, MALE

(2) #12 PIN CONTACT

MAT'L:  RUBBER,

(6) #26 PIN CONTACT
SOLDER CUP STYLE

SLEEVE
MAT'L:  PBT, BLACK

 0.430  0.378  0.049  0.470 

 0.065 ±0.015 

0.712 

 0.092 ±0.015 

 0.935 

 

 0.950 

COUPLING RING, STD
MAT'L:  UV PBT, BLACK

COUPLING RING, WINGED
MAT'L:  UV PBT, BLACK

 1.130 

NOTES:
1.  PARTS TO BE BULK PACKED.
2.  SOLDER CONTACTS ARE PRESSED INTO CONNECTOR.
     SIZE 12 CONTACTS AND SIZE 26 (POSITIONS 3, 7 & 8) FACE TOP KEY (UP).
     SIZE 26 CONTACTS (POSITIONS 4-6) FACE DOWN.
3.  ALL DIMENSIONS ARE FOR REFERENCE ONLY EXCEPT WHERE NOTED WITH TOLERANCE.

A AB 05-09-19 RELEASE PER DOR 14-6281TC

REV. INIT. DATE DESCRIPTION

ASSY P/N COUPLING RING 
P/N CABLE O.D.

W3B82-8PG-335 4282V4 .350-.370 IN. [8.9-9.4mm]

W3B82-8PG-335W 4482V4 .350-.370 IN. [8.9-9.4mm]

WINGED COUPLING RING
P/N:  W3B82-8PG-3XXW

CABLE END CONNECTOR KIT
601 E. WILDWOOD VILLA PARK, IL 60181
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W3B82-8PG-3XX(W)

MULTI-CON-X, WEATHER RESISTANT
(2)#12 + (6)#26 PIN CONTACTS, SOLDER CUP

NTS 1 OF 1 STANDARD PRODUCT

SLWSAME AS P/N
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