CUSTOMER PRINT

W3280-1XPG-5XX (W)

PART
NUMBER:

GROMMET SIZE o
KIT PART NO. TO FIT CABLE O.D. DIA. "D" KIT P/N NO. OF CONTACTS
W3280-1XPG-518(W) | 0.18 - 0.20 [4.6-5.1mm] ©0.77 [19.6mm)] W3280-10PG-5XX (10) - #20
NOTES: W3280-1XPG-521(W) | 0.21 - 0.23 [5.3-5.8mm] ©0.77 [19.6mm] W3280-11PG-5XX (11) - #20
1. PARTS TO BE BULK PACKED. W3280-1XPG-524(W) | 0.24 - 0.27 [6.1-6.8mm] ©0.77 [19.6mm] W3280-12PG-5XX 12) - #20
2. g%k/lEDI\III\S/IFONI\?SIOI'IEISBQQEKREE'I":SE?E]NACI'EEONITE'IYI.?I c W3280-1XPG-528(W) | 0.28 - 0.29 [7.1-7.4mm] ©0.77 [19.6mm] | W3280-10PG-5XXW (10) - #20
: W3280-1XPG-530(W) | 0.30 - 0.32 [7.6-8.1mm] ©0.77 [19.6mm] | W3280-11PG-5XXW (11) - #20
W3280-1XPG-535(W) |  0.35 - 0.40 [8.9-10.2mm] | ©0.83 [21.1mm] | W3280-12PG-5XXW (12) - #20
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