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| L ¥ Connector: Black, Nylon+GF ;
| ¥ Female Pin: Copper Alloy, Gold Plated B
| ¥ Shield: Zinc Alloy, Nickel Plated §
| /M\+ Nut: Copper Alloy, Nickel Plated :
| 0-Ring + 0-Ring: Black, EPDM z
| Connector M\« 0-Ring: Green, VITON 3
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