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1. MATERIAL

1-1. EXTERNAL HOUSING : PBT UL94V-0 ; COLOR : BLACK
1-2. EXTERNAL NUT : PBT UL94V-0 ; COLOR : BLACK
1-3. O-RING : SILICONE ; COLOR : BROWN

1-4. HDMI:

L]

1-4-1. FRONT HOUSING: LCP
1-4-2. BACK HOUSING: PBT+GF30%

1-4-3. CONTACT : PHOSPHOR BRONZE

1-4-4. SHELL: BRASS

2. FINISH :

2-1. CONTACT : 15 MICRO INCHES MIN. GOLD PLATED
SOLDER TAILS: TIN 100u";

2-2. SHELL: GOLD FLASH
3. ELECTRICAL SPECIFICATIONS:
3-1. WATER PROOF: IPX7
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