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PCB MOUNTING HOLES

UNLESS OTHERWISE SPECIFIED DIMENSIONS ARE
N MILLIMETERS. DIMENSIONS IN [ ] ARE IN
INCHES AND FOR CUSTOMER REFERANCE ONLY.
UNLESS OTHERWISE SPECIFIED
TOLERANCES FOR MILLMETERS ARE:

<0.5 £ 0.05mm
0.5 — 6mm = 0.10mm
6 — 30mm £ 0.20mm
30 — 120mm £ 0.30mm
ANGLES £ 1°
UNLESS OTHERWISE SPECIFIED
TOLERANCES FOR INCHES ARE:

<.020 + 0.002"

.020 — .236 = + 0.0047
236 — 1.180 = + 0.007"
1.180 — 4.724 = £ 0.012"

ANGLES + 1°
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1. IMPEDANCE: 50 OHM
2. FREQUENCY RANGE: DC 0-18 GHz
3. VSWR: 1.5 MAX.
4. DIELECTRIC WITHSTANDING VOLTAGE: 1000 VRMS, MIN.
5. DURABILITY: 500 CYCLES MIN.
6. TEMPERATURE RANGE: —65°C TO +165C
4 INSULATOR PTFE NATURAL 1
3 CONTACT PIN BER. COPPER GOLD 1
2 INSULATOR PTFE NATURAL 1
1 HOUSING WITH BODY BRASS GOLD 1
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