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o RECOMMENDED LAYOUT
A NO 1-207528-0
1 HOUSING MATERIAL: PAB6, BLACK, UL 94 V—0 RATED 6 YES 2075289
A NO 207528-8
2 CONTACT MATERIAL: PHOSPHOR BRONZE. 5 YES 2075287
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