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SPECIFICATIONS
$15.50 . .
(6.610] CONTACT RATING: SILVER: 3A @ 250 VAC RESISTIVE
LLUMINATED RING GOLD: 0.4VA @ 20VDC OR PEAK AC
INSULATION RESISTANCE: 1,000MQ MIN AT 500VDC
SOSITION | ACTUATOR DIELECTRIC STRENGTH: 2,000V RMS @ SEA LEVEL
N CONTACT RESISTANCE: 50 mQ MAX @ 1A 12VDC (INITIAL VALUE)
4 ELECTRICAL LIFECYCLES: 50,000 MAKE AND BREAK CYCLES
@ i AT FULL LOAD
i @)-* $13.0 ©22.00
501 '6.870] ACTUATION FORCE: SP: 2.54+1 NEWTON, DP: 3.5+1 NEWTON
2. ACTUATION TRAVEL: 3.2MM
L SEALED PER IP67, IK10 (STAINLESS)
SOSTION 2 OPERATING TEMPERATURE: —20°C TQO +55°C

MECHANICAL LIFECYCLES: MOMENTARY: 1,000,000 CYCLES
LOCKING: 500,000 CYCLES

o
e 7
@—l HARDWARE TORQUE: 5—14 N-—m

MATERIALS

BUSHING: STAINLESS STEEL
BASE: PBT (UL 94—V0), PC (UL 94-V2)
$19 20 ACTUATOR: STAINLESS STEEL, PC
[¢.755] SEALING: O—RING (SILICONE)
TERMINAL /CONTACT: COPPER BASE, SILVER/GOLD PLATED
HEX NUT: BRASS BASE, NICKEL PLATED

2213764

J

22.0 + 1 ALL MATERIAL AND FINISHES SHALL COMPLY WITH EU DIRECTIVE
- [87] 2002/95/EC OF 27JAN2003 (ROHS)
¢ —— O—RING PANEL CUTOUT
MAX.PANEL THICKNESS:10.0[.394] — —
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HEX NUT mm _[INCHES] . . ' HILL_RYAN ANTI=VANDAL SWITCH 19mm
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2 PLC + -
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SEE SHEET 1 — — —
GOLD BLUE 24V AVI911R724R04 |4—2215764-0
SILVER BLUE 24V AV1911R724Q04 |53—2215764—9
GOLD BLUE 12V AV1I9T1R712R04 |3—2215764—-8
SILVER BLUE 12V AV1911R712Q04 |3—2215764—7
GOLD GREEN 24V AV19TT1R624R04 | 3—2215/64—6
SILVER GREEN 24V AV1911R624Q04 | 3—-2213764—5
GOLD GREEN 12V AV1911RB12R04 | 3—2213/64—4
SILVER GREEN 12V AV1I9T1R6B12Q04 | 3—2215764-3
SINGLE POLE— | GOLD YELLOW 24V AVI911R524R04 |3—-2213764-2
LOCKING SILVER YELLOW 24V AV1911R524Q04 |3—-2213764—1
GOLD YELLOW 12V AV1911R512R04 |3—-2213764—-0
SILVER YELLOW 12V AV1911R512Q04 |2—-2213764—9
GOLD RED 24V AV1911R324R04 [2—-2213764—8
SILVER RED 24V AV1911R324Q04 | 2—2215764—7
GOLD RED 12V AVI911R312R04 |2—2215764-6
SILVER RED 12V AV1911R312Q04 |2—2215764-5
GOLD WHITE 24V AVI9TIR124R04 |2—-2215764—4
SILVER WHITE 24V AVIST1R124Q04 |2—2213764-3
GOLD WHITE 12V AV1911R112R04 |2—2215764-2
SILVER WHITE 12V AVISTIR112Q04 |2—-22157/64—1
GOLD BLUE 24V AVI910R/24R04 | 2—2215/64-0
SILVER BLUE 24V AV1910R/24Q04 | 1—-2213764—9
GOLD BLUE 12V AVI9T10R/712R04 | 1—-2213/64—-8
SILVER BLUE 12V AV1910R/12Q04 | 1—-2213764—7
GOLD GREEN 24V AV1910R624R04 | 1-2213764—6
SILVER GREEN 24V AV1910R624Q04 | 1 —-2213764—5
GOLD GREEN 12V AV1910R612R04 | 1-2213764—4
SILVER GREEN 12V AVT1910R012Q04 | 1—-2213764-3
SINGLE POLE— GOLD YELLOW 24V AVI910R524R04 | 1-2213764—2
MOMENTARY SILVER YELLOW 24V AVT1910R524Q04 | 1—2213764—1
GOLD YELLOW 12V AVI910R512R04 | 1—=2215/64-0

SILVER YELLOW 12V AV1910R512Q04 2215764-9

GOLD RED 24V AV1910R324R04 | 2215764-8

SILVER RED 24V AV1910R324Q04 | 2213764—7

GOLD RED 12V AVI9T10R312R04 | 2213764—-6

SILVER RED 12V AV1S10R312Q04 | 2213764—5

GOLD WHITE 24V AV1910R124R04 2215/764—4

SILVER WHITE 24V AV1910R124Q04 | 2213764-3

GOLD WHITE 12V AV1910R112R0O4 22157642

SILVER WHITE 12V AV19T10R112Q04 | 2213764—1
POLE /THROW CONTACT | LED COLOR | LED VOLTAGE DESCR;%VE PN | PART TNEUMBER
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GOLD BLUE 24V AV1921R724R04 |8—2213764—0
SILVER BLUE 24V AV1921R724Q04 |/—2215764-9 .
GOLD BLUE 12V AV1921R712R04 | 7—2213764—8
SILVER BLUE 12V AV1921R712Q04 |7-2213764—7
GOLD GREEN 24V AV1921R624R04 |7—2213764—6
SILVER GREEN D4V AV1921R624Q04 |7-2213764—5
GOLD GREEN 12V AV1921R612R04 |7—2213764—4
SILVER GREEN 12V AVI921R612Q04 |7-2213764—3
DOUBLE POLE—| GOLD YELLOW 24V AV1921R524R04 |7—-2213764—2
LOCKING SILVER YELLOW 24V AV1921R524Q04 |7—2213764—1
GOLD YELLOW 12V AV1921R512R04 |7—2213764—0
SILVER YELLOW 12V AV1921R512Q04 |6—2213764—9
GOLD RED 24V AV1921R324R04 |6—2213764—8
SILVER RED 24y AV1921R324Q04 |6—2213764—7
GOLD RED 12V AVI921R312R04 [6—2213764—6| ¢
SILVER RED 12V AV1921R312Q04 |6-2213764—5
GOLD WHITE 24V AV1921R124R04 |6—2213764—4
SILVER WHITE 24V AV1921R124Q04 |6—2213764-3
GOLD WHITE 12V AV1921R112R04 |6—2213764—2
SILVER WHITE 12V AV1921R112Q04 |6—2213764—1
GOLD BLUE 24V AV1920R724R04 |6—2213764—0
SILVER BLUE 24V AV1920R724Q04 |9—2215764-9
GOLD BLUE 12V AV1920R712R04 |0—2215/64-8
SILVER BLUE 12V AV1920R712Q04 |5—2213764—7
GOLD GREEN 24V AV1920RE24R04 |5—2213764—6
SILVER GREEN 24V AV1920R624Q04 |5—2213764—5
GOLD GREEN 12V AV1920R612R04 |5—2213764—4 || &
SILVER GREEN 12V AV1920R612Q04 |5-2213764-3 || =
0UBLE POLE—| GOLD YELLOW 24V AV1920R524R04 |5—-2213764—2 E
MOMENTARY SILVER YELLOW 24y AV1920R524Q04 |5—2213764—1
GOLD YELLOW 12V AV1920R512R04 |5—2213764—0
SILVER YELLOW 12V AV1920R512Q04 |4—2213764—9
GOLD RED 24V AV1920R324R04 |4—2213764—8
SILVER RED 24V AV1920R324Q04 |4—2213764—7
GOLD RED 12V AV1920R312R04 |4-2913764—6
SILVER RED 12V AV1920R312Q04 |4—2213764—5—
GOLD WHITE 24V AV1920R124R04 | 4-2213764—4
SILVER WHITE 24V AV1920R124Q04 | 4—2213764—3
GOLD WHITE 12V AV1920R112R04 | 4—2213764—2
SILVER WHITE 12V AV1920R112Q04 |4-2213764—1
POLE/THROW | CONTACT | LED COLOR |LED VOLTAGE DESCRF§TVE N PARTEUMBER
o GorEBZ0TE
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