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(32'23# — NOTES:
. 1. MATERIAL
HOUSING: NYLON 9T, GLASS FILLED, UL 94V-0, BLACK
i Hﬂﬂﬂh[h[ I TERMNAL: COPPER ALLOY
| - | FORK LOCK/BLADE: COPPER ALLOY
2. PLATING:
SXEOUY | [
CONTACT: 0.76Hm MIN. SELECTIVE GOLD OVER 1.27Hm MIN. NICKEL UNDERPLATE
L * SOLDERTAIL: 2.54Hm MIN. TIN OVER 1.27Hm MIN. NICKEL UNDERPLATE
E J 1.70 £0.08(2X) FORK LOCK/BLADE:
0.50£0.08 x45° (2X) 050 £008x60° (2X] n } 2.544m MIN. TIN OVER 1.27Hm MIN. NICKEL UNDERPLATE
3619 +0.15 3. MOLEX LOGO LOCATED APPROXIMATELY AS SHOWN
[¢]020[AB] 4. NON FUNCTIONAL CORE HOLE MAY VARY
38.07 0.5 5. THIS PRODUCT IS COMPLIANT TQ RoHS DIRECTIVE WITH THE FOLLOWNG
[@]0-20[AfE]
BANNED SUBSTANCES - LEAD, MERCURY, CADMIUM, HEXAVALENT CHROMIUM,
64}0.04235 POLYBROMINATED BIPHENYLS AND POLYBROMINATED DIPHENYL ETHERS.
D 6. PRODUCT SPECIFICATION PS-87945-034 APPLIES.
7. MATES WITH : SFF-8482 PLUG
SATA PLUG SERIES 87679, 87703 AND 87799
8. PACKAGING : TRAY
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RECOMMENDED PCB LAYOUT

ADDITION OF OPTION

EC NO: S2006-1245
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PART NUMBER HOLD DOWN DIM A (PCB THICKNESS) DM B
87945-0001 FORKLOCK 1.60£0.10 (2.18)
87945-0002 BLADE - (1.40)
1.834+0.183 TO 2.20+0.22
PCB FORKLOCK HOLE MUST BE
87945-1001 FORKLDCK PLATED THRU-HOLE (PTH) (210
REGARDLESS WHETHER FORKLOCK
IS SOLDERED OR NOT
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