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NOTE 1

Lead CO-Planarity is 0. \

[2>1t shows the vocuum pickup €év.
[3>Packing for product applies embossed corrier tape packing. (700pes/RL)
4 Blemish and hit mock can be occured through out the monufocturing process which doesn' t affect quality level.
5 The dimensions in parentheses are for references.
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