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1. MATERIAL : HOUSING - HALOGEN FREE HIGH TEMP POLYAMIDE, GLASS FILLED, UL94V-0. Yilli T '
COLOUR : SEE TABLE ON SHEET 5. =
LATCH - HALOGEN FREE HIGH TEMP POLYAMIDE, GLASS FILLED, UL94V-0. | | —{
COLOUR : SEE TABLE ON SHEET 5. _” _j
TERMINAL : COPPER ALLOY.
FORKLOCK: COPPER ALLOY. DETAIL 5 : BUMPER ZONE
2. FINISHES - SEE TABLE ON SHEET 5.
3. PRODUCT SPECIFICATION : SEE TABLE ON SHEET 5.
4. PACKAGING SPECIFICATION: PRODUCT SHALL BE PACKED IN TRAY,
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9 8 7 6 5 4 3 2 1
CKT | ASSEMBLY | HOUSING | LATCH | J \ + w5 | RECOMMENDED PLATING OPTION PRODUCT | PACKAGING
SIZE| PARTNO. | COLOR |COLOR PCB THICKNESS TERMINAL FORKLOCK SPEC.NO. | SPEC.NO.
E 78726-1051 2.10 1.57
78726-1039 2.40 1.57
78726-1002| BLACK |BLACK | 2.67 1.57
78726-1003 3.18 2.36
78726-1026 3.50 3.00
78726-1052 2.10 1.57
78726-1040 2.40 1.57
78726-1004| BLACK | WHITE | 2.67 1.57
78726-1005 3.18 2.36
78726-1027 3.50 3.00
78726-1053 2.10 1.57
78726-1041 2.40 1.57
D 78726-1006| WHITE |BLACK | 2.67 1.57
78726-1007 3.18 2.36
78726-1028 3.50 3.00
78726-1054 2.10 157 (3967&'\(":"_\?53'\0"5;5'?,\]
78726-1042 2.40 1.57 GOLD ON CONTACT
78726-1008| WHITE | WHITE | 2.67 1.57 PK-78726-001
78726-1009 3.18 2.36 2 54 MICROMETER 1 MICROMETER
288 | 78726-1029 3.50 3.00 (100 MICROINCH) MIN | (40 MICROINCH) MIN | 5 78756 001
TIN OVERALL
78726-1055 2.10 1.57 TIN ON SOLDERTAILS (PRE-PLATED)
78726-1043 2.40 1.57
C 78726-1010| BLUE | BLUE | 2.67 1.57 1.27 MICROMETER
78726-1011 3.18 2.36 (50 MICROINCH) MIN
NICKEL UNDERPLATE
78726-1030 3.50 3.00
78726-1056 2.10 1.57
78726-1044 2.40 1.57
78726-1022| BLUE | WHITE | 2.67 1.57
78726-1023 3.18 2.36
78726-1031 3.50 3.00
78726-1063 2.10 1.57
78726-1064 2.40 1.57
B 78726-1065| YELLOW | WHITE | 2.67 1.57
78726-1066 3.18 2.36
78726-1067 3.50 3.00
78726-3005 3.18 2.36
—8726.3050| BLACK | WHITE |——= 2 157 787260003
78726-4039| BLACK |BLACK | 2.40 1.57
@ 78726-4040| BLACK | WHITE | 2.40 1.57 2042450002
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9 8 6 5 4 3 2 1
CKT | ASSEMBLY | HOUSING | LATCH | 1 wow | RECOMMENDED PLATING OPTION PRODUCT | PACKAGING
SIZE| PART NO. | COLOR |COLOR PCB THICKNESS TERMINAL FORKLOCK SPEC.NO. | SPEC.NO.
78726-1057 2.10 1.57
78726-1045 2.40 1.57
E 78726-1012| BLACK |BLACK| 2.67 1,57
78726-1013 3.18 2.36
78726-1032 3.50 3.00
78726-1058 2.10 1.57
78726-1046 2.40 1.57
78726-1014| BLACK |WHITE | 2.67 1,57
78726-1015 3.18 2.36
78726-1033 3.50 3.00
78726-1059 2.10 1.57
78726-1047 2.40 1.57
78726-1016| WHITE |BLACK| 2.67 1,57
78726-1017 3.18 2.36
D 78726-1034 3.50 3.00 0.38 MICROMETER
rorz o 20l hconcn
: : GOLD ON CONTACT
78726-1018| WHITE |WHITE | 2.67 1,57 PK-78726-001
78726-1019 3.18 2.36 2 54 MICROMETER 1 MICROMETER
288 | 78726-1035 3.50 3.00 (100 MICROINCH) MIN | 40 %f%@?&ﬂ“’”“ PS-78726-002
78726-1061 2.10 1.57 TIN ON SOLDERTAILS (PRE-PLATED)
78726-1049 2.40 1.57
78726-1020| BLUE | BLUE | 267 157 1.27 MICROMETER
78726-1021 3.18 2.36 (50 MICROINCH) MIN
NICKEL UNDERPLATE
c 78726-1036 3.50 3.00
78726-1062 2.10 1.57
78726-1050 2.40 1.57
78726-1024| BLUE |WHITE| 2.67 1,57
78726-1025 3.18 2.36
78726-1037 3.50 3.00
78726-1068 2.10 1.57
78726-1069 2.40 1.57
78726-1070| YELLOW | WHITE | 2.67 1.57
78726-1071 3.18 2.36
5 78726-1072 3.50 3.00
78726-3012 2.67 1.57
78726-3032| DLACK | BLACK I 3.00 287260003
78726-3020| = | g g | 267 1,57
78726-3036 3.50 3.00
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