CLAMP HOLDING
PART NO CLAMP WIDTH | OPENING WIDTH | THICKNESS "T” | THICKNESS "G”
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THICK (BOTH PADS) (BOTH PADS)
NOTES:
1. MATERIAL: PVC (RMS—04).
COLOR: BLACK.
2. TAPE: ACRYLIC ADHESIVE TAPE (RMS—15)
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