"A” "B" HCH
PART NO. | 41 /35 (0.8) REF. REF. NO. OF CONDUCTORS
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NOTES:
1. MAT’L: RIGID PVC (RMS—04), TE SWE TN
2. COLOR: BLACK - DUAL FLAT CABLE CLAMPS |@ 3 A
3. TAPE: 1/16” THICK DOUBLE TOLERANCES |FILE # DFCC DWN: S.M. APP: FINAL
SIDED ADHESIVE (RMS—15) UNLESS NOTED [MAT'L: SEE NOTE DT: 01/29/01 |DT: PART # PRINT
x0=015 |RE RICHCO. INC RICHCO INC. SEE TABLE |TPE
A COMPLETELY RE—DRAWN SM.01.29.01| FRAC=1/64 ’ ' PO BOX 804238,CHICACO,60680 C A
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