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PANEL THICKNESS:
.039—.079 (1.0—2.0)

1. MATERIAL: NYLON 6/6 UL 94 V-2 (RMS-01).

NYLON 6/6 UL 94 V—0 (RMS—19),
AVAILABLE BY SPECIAL ORDER ONLY. TO ORDER

REPLACE "—01" WITH "—19".
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