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RICHCO WIRE O.D. WIRE "D1” "D2” L1 "L2” "L T”
PART NO. RANGE GA. REF. +.04 (1.0) REF. +.04 (1.0) |£.008 (0.2)
238020 | .058-.080 (1.5—2.0) | 24—20 .08 (2.0) (3.2)| .20 (5.0) | .12 (3.0) | .95 (24.0) | .04 (1.0)
238025 |.058—.091 (1.5-2.3) | 22—-18].10 (2.5) |. (45)] .20 (5.0) | .12 (3.0) | .95 (24.0) [ .04 (1.0)
238032 | .071—.126 (1.8-3.2) | 18—-16[.13 (3.2) [ .19 (4.7) | .20 (5.0) .10 (2.5) ] .95 (24.0) | .04 (1.0)
238035 | .071—-.140 (1.8-3.6) [ 18—14 | .14 (3.5) .18 (4.5)| .20 (5.0) [ .12 (3.0) | .95 (24.0) [ .04 (1.0)
238040 | .091—.140 (2.3-3.6) | 16—14[.16 (4.0) [ .20 (5.0) | .20 (5.0) [ .12 (3.0) | .97 (24.5) | .04 (1.0)
238048 | .113—.190 (2.9-4.8) [ 14—12 ] .19 (4.8) | .25 (6.3)| .20 (5.0) [ .10 (2.5) | .98 (25.0) [ .04 (1.0)
238060 |.182—.214 (4.6-5.4) | 12—-10] .24 (6.0) | .30 (7.5)| .28 (7.0) [ .10 (2.5) [ 1.14 (29.0) [ .04 (1.0)
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