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REV. MODIFICATION. DATE DRN
01 | Production Release 18/09/08 | MT
02 | C0O2010437 10/10/08 | MT
} / \ 03 | CO2010507 10/12/08 | MT
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a (: ALTERNATE UNITS FOR REFERENCE ONLY
1
- INFORMATION CONTAINED IN THIS DOCUMENT IS CONFIDENTIAL TO
RICHCO INTERNATIONAL Co. Ltd. AND MAY NOT BE DISCLOSED OR
REPRODUCED IN WHOLE OR PART WITHOUT THEIR WRITTEN CONSENT.
ALL DIMENSIONS IN mm THIRD
@ GENERAL TOLERANCES #0.25| ANGLE
UNLESS OTHERWISE STATED
® | 1 DECIMAL PLACE +
2 DECIMAL PLACES *
co ANGULAR +1°
RECOMMENDED MATERIAL: COLOUR:
MATL: NYLON 6/6
RMS-47 CORRUGATED | PANEL PANEL | wpu | wge | vor | opr | g | NYLON 6/6 HEAT STABILIZED UL 94 V-2 (RMS-47) BLACK
COLOUR: BL,ACK TUBE SIZE HOLE DIA |THICKNESS
- DO | oD DESCRIPTION: PART No:
o oo1ex s | 71 c5 | 72 [ 98 | 63 | 2971 o8 HINGED LOCKING CABLE CLAMP |  SEE TABLE
[20] | [28] | 65-70 | 08-3 |[23]|[28] | [38] | [25]|[78] | [.39] DRG No: NPR No:
HLCC.2BK 69 | 99 |[26-.28]|[03-.121] g3 | 10 | 124 | 7.7 | 222 | 1256 08-047 DE08-0059 SHEETSZE A4
1271 | 139) 331 | 391 | 1401 | 1301 | (71 | 150]
MT |27/11/08 | TC |12/12/08 | NTS |[1OF1
A | B c D | E |
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