RoHS COMPLIANT

Electrical Characteristics

Nominal Impedance:
Frequency Range:
VSWR:

Operating Voltage (rms):

50 ohms
DC to 2.5 GHz
1.25:1 maximum

335 V maximum at sea level
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PART DESCRIPTION
1 | Body Brass, nickel plated
——— T — T 2 | Ferrule Brass, nickel plated
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For stripping and assembly instuctions see Drawing Number: VAIU1101 DESCRIPTION OF REVISION APPVD | 1ss | DATE
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